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MATERIAL NUMBER

ENGINEERING NUMEER
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TURQUE RECOMMENDATION:
CABLE SCREW : 2.4Nm
THREAD BETWEEN HOUSING AND INSERT: 0.8Nm —
STRAND SCREW <(CONTACT> 0.4Nm
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VOLTAGE RATING 30VAC/36VDC
9 AMPERAGE RATING 4 AMPS
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