
Views from "X" rotated

6-Pole 7-Pole 9-Pole 12-Pole 16-Pole 17-Pole 19-Pole

(16+3)(8+1)

Cable Diameter Cable Diameter

7 - 12 mm 11 - 17 mm

Solder Contacts Crimp Contacts Without Contacts

KAS6S01-555 KAS6S01-405 KAS6S01-005

1202300064 1202300066 1202300068

KAS6S01-559 KAS6S01-409 KAS6S01-009

1202300065 1202300067 1202300069

0,75-2,5mm²

KAS7S01-555 KAS7S01-405 KAS7S01-005

1202300070 1202300072 1202300074

KAS7S01-559 KAS7S01-409 KAS7S01-009

1202300071 1202300073 1202300075

0,75-2,5mm²

KAS9S01-555 KAS9S01-425 KAS9S01-005

1202300076 1202300078 1202300080

KAS9S01-559 KAS9S01-429 KAS9S01-009

1202300077 1202300079 1202300081

0,34-1,0mm²/0,75-2,5mm²

KASCS01-555 KASCS01-025 KASCS01-005

1202300082 1202300084 1202300086

KASCS01-559 KASCS01-029 KASCS01-009

1202300083 1202300085 1202300087

0,34-1,0mm²

KASHS01-555 KASHS01-025 KASHS01-005

1202300088 1202300090 1202300092

KASHS01-559 KASHS01-029 KASHS01-009

1202300089 1202300091 1202300093

0,34-1,0mm²

KASJS01-555 KASJS01-025 KASJS01-005

1202300094 1202300096 1202300098

KASJS01-559 KASJS01-029 KASJS01-009

1202300095 1202300097 1202300099

0,34-1,0mm²

KASLS01-555 KASLS01-225 KASLS01-005

1202300100 1202300102 1202300104

KASLS01-559 KASLS01-229 KASLS01-009

1202300101 1202300103 1202300105

0,34-1,0mm²/0,56-1,0mm²

Cable Diameter

6 Pole 3 – 7mm

7 – 12mm

11 – 17mm

Crimp range*

7 Pole 3 – 7mm

7 – 12mm

11 – 17mm

Crimp range*

9 Pole 3 – 7mm

(8+1) 7 – 12mm

11 – 17mm

Crimp range*

12 Pole 3 – 7mm

7 – 12mm

11 – 17mm

Crimp range*

16 Pole 3 – 7mm

7 – 12mm

11 – 17mm

Crimp range*

17 Pole 3 – 7mm

7 – 12mm

11 – 17mm

Crimp range*

19 Pole 3 – 7mm

(16+3) 7 – 12mm

11 – 17mm

Crimp range*

*Crimp range only applies to "Crimp Contacts" version
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