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MECHANICAL
CONTACT: GOLD/NICKEL OVER COPPER ALLOY
INSERT : NYLON &6/6
O-RING: RED VITON
COUPLING NUT: ZINC DIECAST WITH BLACK EPOXY COATED .
MOLDED BODY: GREY PVC Wire type cable length
CABLE COLOR: BROWN 20/3C AWG Brown M020-—-——-2 Meter
CABLE MARKING: FANC—110SBH KURAMO FA(JAPANESE WORDS) PVC M100————-— 10 Meter
CC—LINK Ver.1.10 KURAMO E162205—K c9nus AWM Style 2464
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